Part Number Color WxH A B (o3
60574930 White

Tx1 75 1.05
60574841 Gray

On Center

60574890 White

1x2
60574894 Gray
60575029 White

2x2 | 162 | 2.06 .50
60574981 Gray
60574931 White

3x2 1.00
60574932 Gray
60554604 Whtie 1x3 26 | 3009 | OnCenter
60554603 White

2x3 3.06 .50
60574933 Gray
60572102 White

3x3 | 260 | 2.06 1.00
60574977 Gray
60550077 White

4x3 3.06 1.50
60549766 Gray
51017702 White

1x4 On Center
51017688 Gray
60575002 White

2x4 .50
60548917 Gray

3.60 | 4.06

51017704 White

3x4 1.00
60575861 Gray
60574983 White

4x4 1.50
60574984 Gray

*Order by case (6 ft lengths/120 ft)
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Benefits

« Narrow fingers reduce fanning of the wires to the terminal blocks

« Compact designs and components are more easily
accommodated with the high density duct's 2 to 1 finger ratio

« High density duct also incorporates the
double scored design, similar to the standard wall duct

« With sizes 2" high and above, high density duct
features a double restriction on each finger of the duct

« The double restriction helps keep wires in the bottom
portion of the duct for easier installation

« Mounting holes are uniform in size to the solid and slotted wall
duct offered every 2 inches to accommodate compact designs
and installations

« Smooth edges
« Cover is flush with side of duct
« Non-slip cover

« Professional appearance

Specifications

- PVC Material

« UL standard 94 V-0

« Impact strength = 15 ft. Ibs./in. notch
« Tensile strength (73 °F) = 6,600 psi

« Coefficient of linear expansion
«4.0x10-5 (in./in. 1°F)

Approvals
« UL recognized, CSA certified

« ASTM test: D-792, D-2240, D-685, D-790,
D-638, D-150, D-177, D-696, D-648, D-638, D-256, D-635

Recommended Fill Ratio
« 50% # of wires = duct area (in2)/1.57 x (wire 0.d.)

« Example: Duct size = 1 x 1, Duct Area = 0.731in2,
12 AWG =0.258 0.d., 0.73/1.57 x (0.158)2 = 19 wires

Covers
Part Number Color w
60544547 White
51017653 Gray v
60554605 White
60548916 Gray >
51017693 White
60575017 Gray ¥
60575015 White
60575016 Gray o

*Order by case (6 ft lengths/120 ft)

Accessories
Part Number Description Pkg/Qty
60574987 Panel Rivet 1000
60575018 Panel Rivet Tool 1

WAGO Wire-Way panel rivets are one-piece,

drive rivets that provide a fast, economical means
of attaching wiring duct. The rivet is inserted into
a 3/16" pre-punched hole and the pin is driven
into the base. This expands the rivet legs and
locks the duct and subpanel in place. The panel
thickness (including the duct thickness) should
be a maximum of 3/16". A panel rivet tool is also
available for quick and easy installation

of the drive rivets.



